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Cable Management

Cable ManagementCable ManagementCable ManagementCable Management
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

04-6200 n/a TY523MR 92MM NATURAL CABLE TIE(100)
04-6202 n/a TY524MR 140MM NATURAL CABLE TIES(100)
04-6204 n/a TY525MR 186MM NATURAL CABLE TIES(100)
04-6206 n/a TY526MR 281MM NATURAL CABLE TIES(100)
04-6208 n/a TY527MR 340MM NATURAL CABLE TIES(100)
04-6210 n/a TY528MR 360MM NATURAL CABLE TIES(100)
04-6212 n/a TY523MXR 92MM BLACK CABLE TIES(100)
04-6214 n/a TY524MXR 140MM BLACK CABLE TIES(100)
04-6216 n/a TY525MXR 186MM BLACK CABLE TIES(100)
04-6218 n/a TY526MXR 281MM BLACK CABLE TIES(100)
04-6220 n/a TY527MXR 340MMBLACK CABLE TIES(100)
04-6222 n/a TY528MXR 360MM BLACK CABLE TIES(100)
04-6224 n/a TYB23M 92MM NATURAL CABLE TIES(1000)
04-6226 n/a TYB24M 140MM NATURAL CABLE TIES(1000)
04-6228 n/a TYB25M 186MM NATURAL CABLE TIES(1000)
04-6230 n/a TY26M 281MM NATURAL CABLE TIES(1000)
04-6232 n/a TY27M 340MM NATURAL CABLE TIES(1000)
04-6234 n/a TY28M 360MM NATURAL CABLE TIES(1000)
04-6236 n/a TYB23MX 92MM BLACK CABLE TIES(1000)
04-6238 n/a TYB24MX 140MM BLACK CABLE TIES(1000)
04-6240 n/a TYB25MX 186MM BLACK CABLE TIES(1000)
04-6242 n/a TY26MX 281MM BLACK CABLE TIES(1000)
04-6244 n/a TY27MX 340MM BLACK CABLE TIES
04-6246 n/a TY28MX 360MM BLACK CABLE TIES
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Cables

Thomas & Betts Ty-Rap - Standard cable ties

Dimensions (mm):

TY-RAP

Features:

• A wide range of products available
• MIL – specified tie and application tools
• VG – approved types.
• UL – approved (UL file No. E49405)
• Approved by Germanischer Lloyd, Lloyds and Norske Veritas
• Recyclable packaging



Ordering information:

Minimum
tensile strength

Thomas
and Betts
part no.

Description Package
Length
(mm)

Width
(mm)

Thickness
of material

Lbs N
TY5 23MR 92mm natural Ty-Rap 92 2.4 1.0 18 80
TY5 24MR 140mm natural Ty-Rap 140 3.6 1.1 40 180
TY5 25MR 186mm natural Ty-Rap 186 4.8 1.1 50 220
TY5 26MR 281mm natural Ty-Rap 281 3.6 101 40 180
TY5 27MR 340mm natural Ty-Rap 338 7.6 1.5 120 540
TY5 28MR 360mm natural Ty-Rap

Small
bag 100

360 4.8 1.1 50 220
TY5 23MXR 92mm black Ty-Rap 92 2.4 1.0 18 80
TY5 24MXR 140mm black Ty-Rap 140 3.6 1.1 40 180
TY5 25MXR 186mm black Ty-Rap 186 4.8 1.1 50 220
TY5 26MXR 281mm black Ty-Rap 281 3.6 101 40 180
TY5 27MXR 340mm black Ty-Rap 338 7.6 1.5 120 540
TY5 28MXR 360mm black Ty-Rap

Small
bag 100

360 4.8 1.1 50 220
TYB 23M 92mm natural Ty-Rap 92 2.4 1.0 18 80
TYB 24M 140mm natural Ty-Rap 140 3.6 1.1 40 180
TYB 25M 186mm natural Ty-Rap

Box
1000

186 4.8 1.1 50 220
TY 26M 281mm natural Ty-Rap 281 3.6 101 40 180
TY 27M 340mm natural Ty-Rap 338 7.6 1.5 120 540
TY 28M 360mm natural Ty-Rap

Bag
1000

360 4.8 1.1 50 220
TYB 23MX 92mm black Ty-Rap 92 2.4 1.0 18 80
TYB 24MX 140mm black Ty-Rap 140 3.6 1.1 40 180
TYB 25MX 186mm black Ty-Rap

Box
1000

186 4.8 1.1 50 220
TY 26MX 281mm black Ty-Rap 281 3.6 101 40 180
TY 27MX 340mm black Ty-Rap 338 7.6 1.5 120 540
TY 28MX 360mm black Ty-Rap

Bag
1000

360 4.8 1.1 50 220




