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2-Row IDC Transition  
Connector 2.54mm Pitch
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Recommend PCB Layout (Tolerance=±0.05)

Item Part name Material Finishing

1 Housing Thermoplastic UL 94V–0

2 Cover Thermoplastic UL 94V–0

3 Contact Copper alloy Gold + tin plated

Order code Position
Dim.

Tol
Dim.

Tol
A B

19-0025 10 17.80

±0.30

10.16

±0.25

19-0026 14 22.82 15.24

19-0027 16 25.40 17.78

19-0028 20 30.52 22.86

19-0029 26 38.12 30.48

19-0030 34 48.40

±0.35

40.64

±0.3519-0031 40 55.92 48.26

19-0032 50 68.72 60.96
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