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Alkaline
Order code Manufacturer code Description
18-3250 MN2400B PK 4 MN2400B AAA ALKALINE BATT
18-3340 MN2400 PK 10 MN2400 AAA PROCELL BATT.
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Batteries

Duracell AAA Size Alkaline Batteries

18-3250

Pack of 4 standard
Duracell AAA size
alkaline batteries
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18-3340

Pack of 10 Procell
branded Duracell
batteries. Electrically
and physically
identical to standard
Duracells but
branded to reduce
pilferage in
organizasions. Not
available in retail
outlets
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DURACELL

SIZE AAA

Alkaline Manganese Dioxide Battery

MN2400 LRO3
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SPECIFICATIONS

Min. No Load Voltage 1.5V

Min. On Load Voltage 1.30V on 4.7W
at 200ms

Rated Capacity 1175 mAh on
75wWto 0.8V

Min. Life 7.7 Hrs on 10w
1 Hr/day to 0.9V

Volume 3.6 cm3

Weight 119

Typical 1.6
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To be read in conjunction with the General Information module

In line with its continuing development programme, Duracell reserves the right to alter specifications without prior notice






