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Alkaline
Order code Manufacturer code Description
18-3275 MN1604B MN1604B PP3 ALKALINE BATTERY 9V (RE)
18-3370 MN1604K10 PK 10 MN1604 PP3 PROCELL BATT. (RE)
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DURACELL

SIZE 9V

Alkaline Manganese Dioxide Battery

MN1604/6LR61

12.805 mm Max. ).
12A5mm Min. |

E
+

17.6 mm Max,
16.5 mm Min.

48.5 mm Max.
48.5 mm Min.

48.4 mm Max.

1,_26.5 mm Max.
24.5 mm Min.

Termination . Minature Snap Fastener

SPECIFICATIONS

Min. No Load Voltage 9.0V

Min. On Load Voltage 7.8V on 47Q at

200ms
Rated Capacity 550 mAh on
2.2k Qto 4.8V
Min. Life 11.8 Hrs on
180Q to 4.8V
Volume 21em®
Weight 45¢g
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Hours of Service at 20°C
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