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Single Row PCB  
Sockets - 2.54mm Pitch 
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No. Description Material Finishing

1 Housing Thermoplastic UL 94 V-0

2 Contact Copper Alloy Gold flash

Order code Poles

19-0081 2

19-0082 3

19-0083 4

19-0084 5

19-0056 6

19-0057 8

19-0085 10

19-0086 15

19-0087 16

19-0088 20

19-0089 25
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