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IDC connectors

IDC connectorsIDC connectorsIDC connectorsIDC connectors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

19-0530 3012-40CSY 40 WAY STRAIGHT BOXED HEADER RC
19-0535 3012-50CSY 50 WAY STRAIGHT BOXED RC
19-0515 3012-20CSY 20 WAY STRAIGHT BOXED HEADER RC
19-0520 3012-26CSY 26 WAY STRAIGHT BOXED HEADER RC
19-0525 3012-34CSY 34 WAY STRAIGHT BOXED HEADER RC
19-0500 3012-10CSY 10 WAY STRAIGHT BOXED HEADER RC
19-0505 3012-14CSY 14 WAY STRAIGHT BOXED HEADER RC
19-0510 3012-16CSY 16 WAY STRAIGHT BOXED HEADER RC
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IDC Connectors

Oupiin 3012 Series – Straight Box Header 2.54mm

Technical Specification

Electrical
Current Rating: 1 A
Insulator Resistance: 5,000 MΩ min. @ 500 VDC
Contact Resistance: 20 mΩ max. @ 100mA DC
Operating Temperature: -55ºC to +105ºC

Material
Housing: 30% Glass filled PBT  UL94V-0
Contacts: Brass
Plating: Selective gold:  Standard gold on mating area and tin plated on solder tail
Colour: Grey

Mates with: 1001, 2041, 2042, 2043, 2044, 2045, 2046 & 2047 Series

Dimensions

Order Code Oupiin Ref No. Description
19-0500 3012-10 CSY 10 Way Straight Box Header
19-0505 3012-14 CSY 14 Way Straight Box Header
19-0510 3012-16 CSY 16 Way Straight Box Header
19-0515 3012-20 CSY 20 Way Straight Box Header
19-0520 3012-26 CSY 26 Way Straight Box Header
19-0525 3012-34 CSY 34 Way Straight Box Header
19-0530 3012-40 CSY 40 Way Straight Box Header
19-0535 3012-50 CSY 50 Way Straight Box Header

PCB Layout

Dimension (mm)
Position

A B C
10 20.34 18.10 10.16
14 25.48 23.18 15.24
16 27.90 25.72 17.78
20 33.05 30.80 22.86
26 40.68 38.42 30.48
34 50.80 48.58 40.64
40 58.46 56.20 48.26
50 71.10 68.90 60.96

Christopher
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