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NOTES: 0
1.Rating: 300V 15A (IEC 250V 12A) ‘—3 /\/ fry KY
PITCH: 5.00mm /
| 2.Insulation Withstands Voltage: ~
AC 1500 V/MIN 9 #1.6~1.7
3.Insulation Resistance: <
500Mf) or more at DC500V X
4.Using Temperature Range:
S —40°C~+105°C
N 5.Undimensioned Tolerances:
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2 | SOLDER PIN 0020B00600 | P | COPPER | Tin Plated
1 HOUSING 0120P00000 1 PA66(V0) | GREEN
ITEM| NAME OF PART NO. OF PART [Q"TY| MATERIAL [ NOTES
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