A\ NOTES:

1.Rating: 300V 15A(IEC 250V 12A)
PITCH: 5.08rmm

Z.Insulatlon Withstands Voltage:
AC 1500 V/MIN

3.Ingulation Resistance:
500ML er more at DC500V

4.Using Temparature Range:

—40C~+105C
| 5.Scraw Torque Value: 5kg—cm
/A\ B.Sultable Electric Wire:

] ] AWG 2B~12(IEC 4.0~5.6mm)

18,00405

7.Undimensloned Tolerances:
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