FUSEHOLDERS

FUSEHOLDERS [BIBULGIN

Panel Mounting Touchproof®, PC2

55 MAX ponel
B Protection Category PC2 10 M 716.0
Fuse Sizes: T r |
6.3 x 32mm (FX0415) = ‘ ~
6.3 x 25mm (FX0416) - & ’TW g
Screw Cap/Hand Release Key Postn ‘L
13A, 250V (16A, 250V UL) 54.4 MAX s 25
Fx04'| 5’ FX04'|6 (With Fuse FittEd) Fixing Detail
55 MAX
. 10 MN~ Fanel
Protection Category PC2 T 216.0
Fuse Sizes: |
6.3 x 32mm (FX0415/S) - N 5 ! N
6.3 x 25mm (FX0416/9) 8 ’T" Sy
m  Screw Cap/Screwdriver Key Posn J‘L
Release 544 MAX 6.4 254
FX0415/S, FX0416/S = 13A, 250V (1 6A, 250V UL) (With Fuse Fitted) Fixing Detail

Specification

| FX0415, FX0416 | FX0415/S, FX0416/S

FX0415 - 6.3 x 32mm
FX0416 - 6.3 x 25mm

FX0415/S - 6.3 x 32mm
FX0416/S - 6.3 x 25mm

Fuse Size:

Fuse Carrier: Screw cap/Hand release Screw cap/Screwdriver release

Terminations: 4.8 series tabs 4.8 series tabs

Max. Rating: 13A, 250V 13A, 250V

(16A, 250V UL) (16A, 250V UL)
Max. Power Dissipation: 4W (@ 23°C) 4W (@ 23°C)
Insulation Resistance: >10°MQ @ 500V d.c. >10°MQ @ 500V d.c.
A.C. Breakdown: 4kV @ 50Hz 4kV @ 50Hz
Contact Resistance: <5mQ <5mQ

Operating Temp: -20°Cto +85°C -20°Cto +85°C

(ambient air temp + fuse temp rise)

(ambient air temp + fuse temp rise)

Mouldings:
Body: Glass Filled Nylon UL94V-0 rated Glass Filled Nylon UL94V-0 rated
Cap: Nylon UL94V-0 rated Nylon UL94V-0 rated
Sleeve: Polyester UL94V-0 rated Polyester UL94V-0 rated
Contacts: Brass, Silver Plated Brass, Silver Plated
Approvals: N N

Accessories:

PNo. 12932 (See page 168)

Compliant

PNo. 12932 (See page 168)

Compliant
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