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Ue: 230V~
L R
Rapid Part Number: 28-4425 it
. C3: 4kW/3~400V
Europa Part Number: EUC3-40-4NOB =
Specifications and dimensions anes
* Modular Contactor z. 4.“5. B.
e Three module width x LA
* Dinrail mountable =
Dimensions
Width 54mm
Height (overall) 82mm
Depth 68mm
Weight 0.35Kg
Features
Contact arrangement 4 NO
Coil operating voltage 24V
Rated operational current AC1 40A
Rated operational current AC3 25A
Rated insulation voltage Ui 500V AC
Rated operational voltage Un 240V AC

Operating Temperature

-5°C to +40°C

Maximum cable capacity main terminals 25mm?
Maximum cable capacity coil terminals 2.5mm?
Related Products

Blanking module for separation between components ECUBPD

website: http://www.europacomponents.com

@ ALL PRODUCTS, PRODUCT SPECIFICATIONS AND DATA ARE SUBJECT TO CHANGE WITHOUT NOTICE.

Information provided in data sheets and/or specifications may vary from actual results in different applications and performance may vary
over time. All products must be installed according to manufacturers instructions.
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