WMK ARCA 10 MID

Sample image
Dimensions: Helght
mm: 0
inch: 0
Materials:
Matenak
Base codour:

Cower colour:

Gasket material:

Ternperatures:

Temperatuwre “C [short berm):
Temperature “C [contsnuwous):
Temperatuwre “F [short termi-

Termperature “F [continuaus:

Width

Order symbol: WK ARCA 10 MID

Product nbr: 8120904

Description: Wall mounting lugs set

for SO70-B060

Remarks: Adds 10 mm betweean wall

and cabinat

Including:

Depth

© Fibox (v, Data subject o change without noboe (prirted: 31.03 2322

Rating:
ngress probection {ERN 60529}

mpact Resistance (EN 62262):

FIBOX

Enclosing innovations

EAN: 6418075090154

EL. mumnibser:

« Finland:
o Demnmark:
s Swedan:

flactrical insulation: Mot insulated
Halogen free (DINSVDE 0472, Part 815 i

U resistance: -
Flammability Rating:

Glow Wire Test (IEC 825-2-1] “C: iC

NENDS Class

Cartificates:



