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Best Sellers

Best SellersBest SellersBest SellersBest Sellers
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

33-1930 n/a M2.5 PLATED STEEL NUTS (1000) RC
33-1935 n/a M3 PLATED STEEL NUTS (1000) RC
33-1940 n/a M4 PLATED STEEL NUTS (1000)
33-1705 n/a M2.5 PLATED STEEL NUTS (100) RC
33-1710 n/a M3 PLATED STEEL NUTS (100) RC
33-1715 n/a M4 PLATED STEEL NUTS (100) RC
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Steel Nuts

Description

A range of ISO metric, coarse threaded zinc plated steel nuts.
Applications include electronic, domestic, and general use.

Standards / Specifications

Meets : DIN 934  KL.8
: ISO 4032 (VSM 13753)

Technical Specification

Material : Steel
Resistance Class : 8
Product Class : A

Dimensions (mm)Order
Code Description Thread

Size d1 e min s m max
Pack

Quantity
33-1705 Steel Nut M2.5 2.5 - - - 100
33-1710 Steel Nut M3 3.0 6.01 5.5 2.4 100
33-1715 Steel Nut M4 4.0 7.66 7 3.2 100
33-1930 Steel Nut M2.5 2.5 - - - 1000
33-1935 Steel Nut M3 3.0 6.01 5.5 2.4 1000
33-1940 Steel Nut M4 4.0 7.66 7 3.2 1000
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