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Box Fans

Box FansBox FansBox FansBox Fans
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

37-0972 n/a AXIAL 220-240V AC FAN 120MM (RC)
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B e a ring R a te d R a te d R a te d R a te d N ois e

F ra me s iz e Mode l N o. S ys te m V olt. /F re q C urre nt P owe r S pe e d L e ve l W e ight

(mm) T ype (v) (A ) (W ) ( rpm) (C MM) (C F M) ( InA q) (mmA q) (dB /A ) (g)

A A 1281D B -AT • •• • • • 115/50 0. 12 8. 24 2300 2. 117 74. 7 0. 139 3. 478 39. 2

115/60 0. 11 7. 89 1650 1. 481 52. 3 0. 057 1. 426 30. 5

A A 1281H B -AT • •• • • • 115/50 0. 25 16. 30 2600 2. 446 86. 3 0. 261 6. 534 42. 2

115/60 0. 20 14. 20 2900 2. 721 96. 1 0. 231 5. 779 44. 5

A A 1281L B -AT • •• • • • 115/50 0. 14 9. 21 2400 2. 142 75. 6 0. 170 4. 273 40. 1

115/60 0. 13 8. 86 2100 1. 887 66. 6 0. 083 2. 088 37. 9

A A 1281MB -AT • •• • • • 115/50 0. 25 15. 80 2500 2. 268 80. 0 0. 211 5. 280 40. 0

115/60 0. 21 13. 70 2700 2. 450 86. 5 0. 169 4. 238 41. 0

A A 1282D B -AT • •• • • • 230/50 0. 06 8. 00 2300 2. 117 74. 7 0. 139 3. 478 39. 2

230/60 0. 06 7. 60 1650 1. 481 52. 3 0. 057 1. 426 30. 5

A A 1282H B -AT • •• • • • 230/50 0. 12 16. 00 2600 2. 446 86. 3 0. 261 6. 534 42. 2

230/60 0. 10 14. 00 2900 2. 721 96. 1 0. 231 5. 779 44. 5

A A 1282L B -AT • •• • • • 230/50 0. 07 9. 90 2400 2. 142 75. 6 0. 170 4. 273 40. 1

230/60 0. 07 9. 40 2100 1. 887 66. 6 0. 083 2. 088 37. 9

A A 1282MB -AT • •• • • • 230/50 0. 10 13. 70 2500 2. 268 80. 0 0. 211 5. 280 40. 0

230/60 0. 09 12. 60 2700 2. 450 86. 5 0. 169 4. 238 41. 0

550

Ma ximum Ma ximum

A irF low P re s s ure

120x120x38. 5

*:Noise is measured at  the distance of one  (1)meter from the axis  of intake.S p e c if ic a t io n s (N o m in a l)

Spo t cooling,a lso  sui table for sm all spa ce
requ irements , l aptops PC  and  notebo ok,e tc,.

External Dimensions

Frame:Plastic(UL:94v-0)
Impeller:Plastic(UL:94v-0)
Bearing:Hypro bearing
Lead wire:UL1430AWG22
OPERATING  TEMP*:-10C~70C
*:-10C~60C for fans  with sleeve/ball combination  bearings.

AC  AXIAL  F AN

B e a ring type : • •=B a ll • •=S lee ve • •=1B 1S  • •=H ypro b e a ring

S pe c ifica tions  s ubjec t to c ha nge w ithout n otic e .

C O P Y R IG H T 2003 A D D A C O R P O R AT IO N . A L L R IG H T R E S E R V E D . A D D A C O R P O R AT IO N A N D A D D A C O R P O R AT IO N L O G O A R E  T R A D E MA R K S  O R  S E R V IC E  MA R K S  O F  A D D A C O R P O R AT IO N .C  

120X120X38.5mm  Series

*Motor p rote c tive c irc uit a nd third l e a d w ire f unc tions

*S a fe ty a pprova ls
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