Green—Cap ELECTRIC DOUBLE LAYER CAPACITORS Gy SAMWHA ELECTRIC CO, LTD,

DP Screw Terminal Type,
High Power Density Type
-High Power Density

Rapid charge and discharge
Charge and discharge efficiency are higher than in batteries

[tem Characteristics
Operating temperature range -25 ~ +60C
Rated Working Voltage 2.5vVDC
Capacitance tolerance -20 ~ +20% al 20

b Capacilance change Wilhin +30% of imtial value al +20°C (=25 lo +60C)
Low temperature characteristics

Inlernal resislance Less than 400% of initial at +20C
Tesl lime 1000 hours
Endurance (60C) Capacilance change Wilhin =30% of initial value
Internal resistance Less than 300% of inilial al specihed value
Shelf life (60°C) Alter 1000 hours no load tesl same as endurance
DRAWING Unit : mm
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CHARACTERISTIC LIST & DIMENSIONS
Rate Working ; Internal resistance Leakage Current Size
Voltage Gapacitance:(F) (mQ) at 1kHz (mA Max.) after 30 minutes @D XL (mm)
400 5 200 35%80
700 3 350 35X120
2.5
1700 15 850 51%130

2700 1 1350 63,5%130




