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•	 Feed through screw clamp terminal
•	 Suitable for TS32 and TS35 din rail mounting

Features

Length 56mm

Width 12mm

Depth 49.5mm

Weight 0.04Kg

Maximum cable connection 25mm2

Rated voltage 800V

Rated current 101A

Tightening torque 2.0Nm

Construction 6-6 polyamide

Colour Grey

Related products

End plate CTSEP3U

Partition plate CTSPP3U

End stop CA702

Blank terminal marker half height CA509/K2

Blank terminal marker CA509/K12

10 way jumper bar CA745/10

Group marker CA509/G1

Holding plate CSP1

Protective cover 150mm CTSPC

Group marker holder GMH7

Rapid Part Number: 49-9429
Europa Part Number: CTS25U
Specifications and dimensions


