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Shank diameter Shank diameter Shank diameter Shank diameter Shank diameter

3,2 mm 3,2 mm 3,2 mm 3,2 mm 3,2 mm

Working diameter Working diameter Working diameter Working diameter Working diameter

0,8 mm 1,6 mm 2,4 mm 0,8 mm 1,9 mm

Accessory length Accessory length Accessory length Accessory length Accessory length

45,0 mm 39,0 mm 38,0 mm 45,0 mm 45,0 mm

Max RPM Max RPM Max RPM Max RPM Max RPM

35,000 1/min 35,000 1/min 35,000 1/min 35,000 1/min 35,000 1/min

EAN-code EAN-code EAN-code EAN-code EAN-code

8710364044764 8710364044771 8710364044788 8710364044795 8710364044801

Order number Order number Order number Order number Order number

26150105JA 26150106JA 26150107JA 26150108JA 26150110JA

Engraving Cutter  
2.4 mm (107)

Engraving Cutter  
1.6 mm (106)

Engraving Cutter  
0.8 mm (108)

Engraving Cutter  
1.9 mm (110)
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Engraving Cutter  
0.8 mm (105)

Engraving – Engraving cutters
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Shank diameter Shank diameter

3,2 mm 3,2 mm

Working diameter Working diameter

0,8 mm 1,6 mm

Accessory length Accessory length

45,0 mm 45,0 mm

Max RPM Max RPM

35,000 1/min 35,000 1/min

EAN-code EAN-code

8710364044818 8710364044825  

Order number Order number

26150111JA 26150113JA

Engraving Cutter 
1.6 mm (113)

Engraving Cutter  
0.8 mm (111)

Engraving – Engraving cutters




