
www.rapidonline.com

3mm Normal Red LED
Order code: 55-1770 pack of 100

Order code: 55-1778 pack of 1000

MPN: OSNR3164A

Features:
• Red Diffused Type
• 3mm Standard directivity
• Superior weather-resistance 
• RoHS Compliant

Applications
• Toys
• Games
• Audio
• Christmas Lights

Absolute maximum rating (Ta=25°C)
Item Symbol Value Unit

DC forward current IF 50 mA

Pulse forward current* IFP 150 mA

Reverse voltage VR 5 V

Power dissipation PD 200 mW

Operating temperature Topr –30 to +85 °C

Storage temperature Tstg –30 to +100 °C

Lead soldering temperature Tsol 260°C/3 sec –

*Pulse width max. 10ms. Duty ratio max. 1/10

Electrical – Optical characteristics (Ta=25°C)
Item Symbol Condition Min. Typ. Max. Unit

DC Forward voltage VF IF = 20mA 1.8 2.0 2.4 V

DC Reverse current IR VR = 5V – – 30 µA

Domi. Wavelength λD IF = 20mA – 690 – nm

Luminous intensity IV IF = 20mA 5 10 – mcd

50% Power angle 2q1/2 IF = 20mA – 60 – deg

Outline dimensions:

Directivity:


