
Fine Wire Exposed Junction Thermocouple –
PTFE insulated
Types K, T

R-LAB-77

 Fast response, exposed junction

 PTFE insulated wires

 Twin-twist 1/0.2mm, class 1

 Available in 1 or 2 Metre Lengths

 Range-75 to 250deg C

 Ideal for test & development work

 Fitted Miniature Plug (re-wireable) option available

 Pack sizes of 1 or 5

T/C Number Length Miniture Manufacturer’s Rapid
Type Per Pack (mtr) Plug Part Number Part Number

K 5 1 No XE-3500-005 61-1252
K 1 2 No XE-3501-001 61-3193
K 1 1 Yes XE-3505-001 61-3194
K 1 2 Yes XE-3506-001 61-3195
T 5 1 No XE-3520-005 61-1254
T 1 2 No XE-3521-001 61-3196
T 1 1 Yes XE-3525-001 61-3197
T 1 2 Yes XE-3526-001 61-3198


