
Miniature Quick Wire Panel Mount Socket with
Stainless Steel Bracket
Types K, J, T
(ANSI Colour Code)

R-LAB-24

 Miniature size sockets supplied with stainless steel brackets
 Available in Thermocouple types K, J, T
 For Types K, J, T contacts are made from true Thermocouple alloys

 Colour coded in accordance with ANSI specification
 Maximum continuous operating temperature 220 deg°C

T/C Colour Code +Positive Contact -Negative Contact Manufacturer’s Rapid
Type (ANSI) (alloy type) (alloy type) Part Number Order Code

K Yellow +Nickel Chromium -Nickel Alloy XE-1136-001 61-3064
J Black +Iron -Copper Nickel XE-9066-001 61-3065
T Blue +Copper -Copper Nickel XE-1226-001 61-3066
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