-Ifu@nnect 2.54mm pitch Single

In Line Turned
Pin Socket

Notes:

1. Electrical Characteristics:
1.1 Contact resistance: 20mQ Max.
1.2 Dielectric withstanding voltage:
500V AC(RMS) for 1 minute
1.3 Insulation resistance: 1000MQ Min.

2. Enviroment characteristics:
2.1 Operating temperature: 0°C to +85°C
2.2 Storage temperature: —20°C to +70°C
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