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NOTE: It is our policy to continually improve products and as such we reserve the right to alter data, specifications and component parts without prior notice.
IMPORTANT: No liability is accepted for incorrect use of product. 
WARRANTY: Guarantee is 12 months from purchase date, proof of which will be required for any claim. 

Parts Information:
Air Belt Sander 20mm
Model No: SA354
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1A SA354.01A IDLE PULLEY BRACKET SUB

1B SA354.01B SET SCREW

1C SA354.01C SCREW

2D SA354.02D IDLE PULLEY

2E SA354.02E SPACER

2F B/696ZZ BEARING 696ZZ

3 SA354.03 SPRING

4 SA354.04 FINGER PAD

5 SA354.05 KEY BOLT ASS'Y (M5x8)

6 SA354.06 HEX SOCKET HEAD BOLT (M5x12)

7 SA355/B100G SANDING BELT 100GRIT 20 x 520mm 

-- SA355/B120G SANDING BELT 120GRIT 20 x 520mm (NOT 
SHOWN)

-- SA355/B60G SANDING BELT 60GRIT 20 x 520mm (NOT 
SHOWN)

-- SA355/B80G SANDING BELT 80GRIT 20 x 520mm (NOT 
SHOWN)

8 SA354.08 HEX SOCKET HEAD BOLT (M6x12)

8A SA354.08A SPACER

9 SA354.09 DRIVE PULLEY

10 SA354.10 FLAT SHOE

11 SA354.11 HEX SOCKET HEAD BOLT (M5x18)

12 SA354.12 DUST COVER

13 SA354.13 GUARD BODY

14 SA354.14 TENSION BAR

15 SA354.15 SPRING

16 SA354.16 TENSION BAR PIN (1.5x11)

17 SA354.17 LEVER PIN (2x6)

18 SA354.18 HOUSING

Item Part No. Description

19 B/6000 BEARING 6000

20 SA354.20 END PLATE (B)

21 SA354.21 SPACER

22 SA354.22 SUNK KEY

23 SA354.23 CAP

24 B/607ZZ BEARING 607ZZ

25 SA354.25 END PLATE (A)

26 SA354.26 CYLINDER

27 SA354.27 BLADE

28 SA354.28 ROTOR

29 SA354.29 THROTTLE LEVER

30 SA354.30 LEVER PIN (3x22)

31 SA354.31 VALVE BODY

32 SA354.32 O-RING

33 SA354.33 O-RING

34 SA354.34 O-RING

35 SA354.35 VALVE STEM

36 SA354.36 O-RING

37 SA354.37 VALVE SPRING

38 SA354.38 DEFLECTOR

39 SA354.39 AIR INLET

40 SA354.40 HEX WRENCH 4mm/6mm

41 SA354.41 O-RING

-- SA354.ASS1 IDLE PULLEY ASS'Y (2D-2E-2F) (NOT SHOWN)

-- SA354.ASS2 IDLE PULLEY BRACKET SUB ASS'Y  (NOT 
SHOWN)

-- SA354.ASS3 GUARD BODY ASS'Y (NOT SHOWN) 


