
 
Features:  
Desktop Type with  IEC320-C8 (2p)  /  IEC320-C6 (3p) 
No Load Standby Power : 1 ~ 1.1Wmax  
Under voltage, over voltage, overload, short circuit protection & auto recovery 
Compact Size & Light Weight   
High Efficency design / Attractive Appearance 
High Performance 
1 year warranty 

Specification: 
MODEL MODEL OUTPUT 

IEC320-C8 (2p) IEC320-C6 (3p) Voltage Load Tolerance Ripple & Noise Max. Output Power 

ACMD-01 ACMD-21 12.5V 3.2A 3% 120mV 40 W 
ACMD-02 ACMD-22 15V 2.6A 3% 150mV 39  W 
ACMD-03 ACMD-23 16.5V 2.4V 3% 150mV 39.6 W 
ACMD-04 ACMD-24 18V 2.2A 3% 180mV 39.6 W 
ACMD-05 ACMD-25 19V 2.1A 3% 180mV 39.9 W 
ACMD-06 ACMD-26 24V 1.7A 3% 200mV 40.8 W 
ACMD-07 ACMD-27 5V 5A 3% - 25 W 
ACMD-08 ACMD-28 12V 2.5A 3% - 30 W 
ACMD-09 ACMD-29 12V 3.5A 3% - 42 W 
ACMD-11 ACMD-31 15V 3A 3% 120mV 45 W 
ACMD-12 ACMD-32 16.5V 3A 3% 150mV 49.5 W 
ACMD-13 ACMD-33 18V 2.6A 3% 150mV 46.8 W 
ACMD-14 ACMD-34 19V 2.6A 3% 180mV 49.4 W 
ACMD-15 ACMD-35 21V 2.4A 3% 180mV 50.4 W 
ACMD-16 ACMD-36 24V 2.1A 3% 200mV 50.4 W 

Voltage   90 ~ 264VAC 
Frequency   47 ~ 63 Hz 
Current   1A max. 

  ACMD-01~06 & ACMD-21~26: 20A@115VAC / 40A@230VAC  input 

INPUT 

Inrush Current 
  ACMD-11~16 & ACMD-31~36: 20A@115VAC / 50A@230VAC  input 

Under Voltage   Yes  
Over Voltage   Yes  
Overload   Yes  

PROTECTION 

Short Circuit   Yes  
Setup time   < 20ms @ 110VAC 
Rise time   < 50ms @ 110VAC 
Holdup time   > 12ms @ 110VAC 

OTHERS 

  

Temperature   Operating: 0 ~ 40°C  /  Derating: 40 ~ 50°C : 2%/°C  /  Storage: -40 ~ 85°C Environment 
Humidity   20% ~ 90% (RH] 
Input   IEC320-C8  or  IEC320-C6 Connection 
Output   Plug: standard: 5.5 x 2.1 x 9.5 mm  or  customer requirement  /  Cable: 120 cm (typical)  or  requirement 

  

SAFETY   UL / c-UL / TÜV / BS / BSMI  

EMI   meets: FCC Class B / CISPR22 Class B 
EMC 

EMS   EN55024 
WEIGHT    N.W.:  0.25  kg 
 

ACMD    Desktop     25~50W 

 
 
Country of Origin :  China 
 
Operating Temperature : 0  ~  40° C 
 
Dimension :   105 x 45 x 28 mm 
 
Approvals / Marks :  UL, c-UL, TÜV, CE, BS, BSMI 

info / drawing :   www.dehner.net/acmd Specifications subject to change without notice 


