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Order code Manufacturer code Description

88-3574 G7101 MINI ENC TRANSFORMER 230V 0.5VA 9V(RC)
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Miniature Encapsulated Transformers

A range of high quality Mini-Mains Transformers manufactured to high standards according
to VDEOS570 and EN61588 with a 230V primary winding and a choice of single or twin
secondary winding outputs. Vacuum encapsulated to UL94V-0 with split bobbin
construction and insulation class B at ta70°C. These transformers are inherently short circuit
proof and are 100% tested.

Power . No Load Pin Outs Part
Rating Type Primary Secondary (v) Pry/Sec/Sec Number
6v 9.7v G7000
9v 14.73v G7001
12v 20.00v 1+4 / 6+7 G7002
15v 26.08v G7003
24v 40.30v G7004
0.35VA EE20/6.1 230V T >~ 10 50 S7000
2 X 9v 2 x 15.70v G7005
2 X 12v 2x20.20v |1+4/5+6&7+8 G7006
6v 11v G7100
9v 16.52v G7101
12v 20.63v 1+4 / 6+7 G7102
15v 26.02v G7103
24v 41.06v G7104
0.50VA EE20/10.5 230V T =% 1000 S7700
2 X 9v 2 x 16.38v G7105
2 X 12v 2x2063v |1+4/5+6&7+8 G7106

Alternative input and output voltages available please enquire.
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