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Contact Strips Pitch 2.54 mm
Sockets

Socket Strips Series SCS

SPECIFICATION:
Current rating: 3 A
Voltage rating: 60 V
Insulation resistance: 1000 MΩ min.
Contact resistance: 20 mΩ max. 
Operation temperature: -40 °C to +105 °C
 
MATERIAL:
Housing: Polyester Valox UL94V-0
Pins: Brass machined CuZn38Pb2
Clips: Beryllium copper
 
HANDLING:
Processing: Wave soldering
Packing: Bulk

Order-Information

Identifier:  No. of contacts:  Pitch:  Contact Plating:  Insulator height:

SCS  #  #  #  #

Socket connector strip single row, machined pin 1: 1 x 1 E: pitch 1.778 mm A: Pin 200 µ“ tin plated | Clip gold flash * 1: height 1.95 mm

2: 1 x 2 A: pitch 2.54 mm * B: Pin 200 µ“ tin plated | Clip 10 µ“ gold 3: height 3.0 mm *

3: 1 x 3 B: pitch 5.08 mm C: Pin 200 µ“ tin plated | Clip 30 µ“ gold 2: height 2.6 mm

: C: pitch 7.62 mm D: Pin gold flash | Clip gold flash 4: height 7.0 mm

64: 1 x 64 E: Pin gold flash | Clip 10 µ“ gold

F: Pin gold flash | Clip 30 µ“ gold

* = standard


