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NOTES SEE NOTE 3
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I 1. MATERIAL HOUSING: HIGH TEMP. THERMOPLASTIC UL 94V—0 SEF NOTE 3
«_/ — = STANDARD COLOR CREAM
B = OPTIONAL COLOR BLACK
2. MATERIAL TERMINAL: COPPER ALLOY
3. TO DETERMINE DIMENSIONS: 4_2+8-2 2 540.3
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