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Order code Manufacturer code Description
04-0122 n/a 6.3MM MOULDED GROMMETS (100)
04-0127 n/a 9.5MM MOULDED GROMMETS (100)
Cable Management Page 1 of 2
The enclosed information is believed to be correct, Information may change ‘without notice’ due to Revision A
product improvement. Users should ensure that the product is suitable for their use. E. & O. E. 04/07/2003
Sales: 01206 751166 Technical: 01206 835555 Fax: 01206 7551188
Sales@rapidelec.co.uk Tech@rapidelec.co.uk www.rapidelectronics.co.uk




)

&)
‘N
TEST DATA

GRADE: DVF 420 - 690
PROPERITIES UNITS
BS Softness 125
Relative Density 1.35
Tensile Strength MN/m2 8
Elongation % 350
Cold Bend °C -40

°C -45

Cold Flex

TJEST METHOD

BS 2782
Method 365A
1976

ASTM D79 2
1986

Method A
BS2782
Method 320
1976

BS2782
Method 320
1976

BS2782
Method 151A
1976
BS2782
Method 150B
1976

General Tolerance +ad.25mm. Unless Stated.

04-0122

14.3

9.5 6.4

1.6 49t06.4

04-0127

17.0

12.5 9.5

1.6 7.0






