ASSEMBLY INSTRUCTION
RC*FDL/RC*MDL| XLR D-Series Chassis Connector

@ Connector installation.

@ Chassis connector
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M3 stainless steel
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XLR D-Series Chassis Connector:
Find more details on
www.rean-connectors.com
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