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9-splitter AR, white
• suitable for AR plug-in system
• wired in parallel
• 2-pole, protected against polarity reversal

51992009

Description 9-splitter, white, max. 3A

Max. operating current 3 A

Length of cable 2m cable with free wire ends

Wire cross-section 2 x 0,34 mm²

Range of temperature -30 ° C ~ +85 ° C ° C

Length 80 mm

Width 38 mm

Height 10 mm

Remarks
max. permissible voltage: 48 V DC

wired in parallel
2-pole, protected against polarity reversal


