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NUMBER PARTNUMBER DIM DIM DIM PCS

OF "A"max "B"max C PER

POSITIONS BOX

4 0-338095-4 7.2 8.4 3.81 900

6 9.8 10.9 6.35 700

8 12.3 13.5 8.89 500

10 14.9 16.0 11.43 450

12 17.4 18.5 13.97 400

14 19.9 21.1 16.51 350

16 22.5 23.6 19.05 300

18 25.0 26.2 21.59 250

20 27.6 28.7 24.13 200

NOTES:
 
1   8 POSITIONS AS SHOWN.
 
   CAVITY NUMBERING
 
3  FOR APPLICABLE CRIMP-ON SNAP-IN CONTACTS SEE
   C-338096 AND C-338097.
 
4. CONTACT POS. 1 CAN BE CHOSEN FROM THE POLARIZATION PIN SIDE
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