Klappschwimmerschalter www.elobau.com

Broken finger switches
Détecteurs horizontaux

207 KS ..D Klappschwimmerschalter mit mechanischem Gelenk 250V
Broken finger switches with mechanical joint o
Détecteurs horizontaux avec charniére
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PVC, Mutter SW 24  Scheibe  Dichtungsmanschette (Santoprene) Einbaudffnung, max. Wandstrke 3mm
1m=30mm, nutSW24 washer  compression grommet (Santoprene) mounting hole, wall thickness max. 3 mm
0,25 mm? écrou 24/plat  disque joint caoutchouc (Santoprene) trou de montage, épaisseur maxi 3 mm
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Schaltpunkt bei einer Neigung von a = 12° +4° am D vom i ohne Medi
Switching point with an inclination of a = 12° +4° at the top of the switch, measured in the air
Déclenchement du contact & partir de a = 12° +4° (mesuré sans fluide)
207 KS 12D max. 250 V max. 1,0 A max. 50 W/ 50 VA
207 KS 14D max. 250 V max. 1,0 A max. 50 W/ 50 VA
IP 67
207 KS 22D max. 48 V max. 0,25 A max. 3W /3 VA
207 KS 24D max. 48 V max. 0,25 A max. 3W /3 VA
207 KS 12D SchlieBer / N.0. / NO od./or/ou Offner / N.C. / NF PP
207 KS 14D optional SchlieBer / N.0. / NO od./or/ou Offner / N.C. / NF PA12
optional -25...+105°C
207 KS 22D optionnel Wechsler / C.0. / inverseur PP
207 KS 24D Wechsler / C.0. / inverseur PA12

Anderungen und Irrtiimer bleiben i

The relevant corresponding technical documents will be supplied with the product. Certain product descriptions can be similar therefore please ensure that you have
the latest version of documentation for your specific product prior to any use. elobau reserves the right to change technical data and documentation without notice.
{{ i les produits sont d’application.
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d :_‘ Wir produzieren klimaneutral.
:':1?5 e?_ We produce in a carbon-neutral manner.
Nous produisons avec un bilan
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carbone neutre.
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