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Kabelzuschnitt
M2 1 Stripping dimension
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Fuer Kabel /
For cable o ori
Type gD1 | gD2 | #D3 | ¢D4 ok o
Gr. Typ mox. | mox. | mox. | mox. | 905 | 906 | 907 | 908 |msesinsout| 1mnin
1 | RG 178 BU;RG 196 AU; 2,10 | 1,30 | 0,84 | 0,30 | 1,15 | 1,70 | 2,50 | 4,00 3,25 0,70
2 | RG 174 BU; RG 188AU; RGMGU;@ 2,80 | 2,24 | 1,67 | 0,54 | 1,70 | 2,30 | 3,00 | 4,00 3,25 0,70
3
4
5| RG 316 U-d; K02252d 3,05 (2,50 | 1,55 | 0,54 | 1,70 | 2,30 | 3,30 | 4,00 3,25 0,70
_ ‘ general tolerance scale:  3:1
gm EENNE:TEIH 1S0 2768 ; -
L3752 ET GMBH Assembly instruction: M43
mH Stripping dimension: K3
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