MO‘I'RA\"’ SR380SHP-3849P-57C

ELEKTROGERAETE GMBH

VOLTAGE NO LOAD AT MAXIMUM EFFICIENCY STARTING max.

= OUTPUT
Operating Output POLES CAPACITOR BRUSHES

Nominal Speed || Current. Speed Current Torque Power | Current || Torque POWER
rpm A rpm A mNm w A W
SR380SHP-3849P-57C 30120 | 120 | 20730 | o054 | 17726 | 3,19 | 1351 | 2637 | 1880 [ 9319 | 5320 2x47nF carbon
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Irrtum und Druckfehler vorbehalten / Errors and Omissions excepted

MOTRAXX ELEKTROGERAETE GmbH Steinbacher StraRe 47-51 90559 Burgthann/Germany Www.motraxx.com info@motraxx.com Phone: (+49)9188 94050 60



