DIMENSION TOLERANCE: +.025 [.64].
DIMENSIONS ARE IN INCHES [mml.
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SEE SHEET 2 FOR OTHER KEY ARRANGEMENTS.

MATERIAL - HOUSING: PLASTIC; GROMMET: RUBBER.

THIS PLUG MATES WITH DTM04-08P*-*sx2 RECEPTACLE.
(# = A,B,C,D KEYS; #*#3 - ALL MODIFICATIONS)

FOR CONTACT AND WIRE PERFORMANCE AND APPLICATION
CHARACTERISTICS SEE ENVELOPE DRAWING 0425-015-0000.

SECONDARY WEDGE LOCK SOLD SEPARATELY:
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