Distributed by Conrad Electronic SE ¢ Klaus-Conrad-Str. 1 « D-92240 Hirschau

Datasheet
Item no. 1586452 V1_0617_02_EN
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Dimensions Dimensions
Positions A B C E Positions A B D E
25 53.05 47.04 38.96 33.24 23 53.05 47.04 38,40 33.24
NOTES:
Product Specification
MATERIAL Material
1.Insulater Material:Glass-Filled Thermoplastic PBT ,UL 94V-0,Black Insulator : Glass-Filled thermoplastic PBT UL94V-0 Black
2 Contact Material - Brass Contact : Copper alloy
3.Contact plating : Gold flash full gold Contact Plating : Gold flash full gold
4.Shell : Steel, 100u” Tin over 50u” min copper
5.Clinch Nut : Copper alloy, Nickel plated ghg:'ld:lgt:d';DO”IITFHPCI’;lerdSOU" min copper
6.Boardlock : Brass , Tin plated oardlock : brass, 1in Fate
7.Screwlock: Steel, Nickel plated Screwlock : Steel, Nickel Plated
ELECTRICAL Electrical
1.Current Rating : 3AMP Contact Resistance : 20 miliohms Max at 1 AMP DC.
2 Voltage Rating : 250V AC/rms 60Hz Insulation Resistance : 1000 magehms at 500 VDC
3.Contact Resistance: 20mQ max at 1 AMP DC Dielectric Withstanding Voltage :1000 VAC/rms 60Hz for 1 minute
4.Insulation Resistance: 1000MQ at 500 V DC %U"Ti: ?t:rng 3227\6‘%“:’ s0H
5 Withstand Voltage - 1000V AC/rms 60Hz for 1 minute omge haing . ms 50Rz .
6 Operating Temperature: -55°C—105°C ) OPERATING TEMPERATURE:-55°C+105°C

UL No. E143426 RoHS compliant UL No. E149426



