Datasheet

COMPONENTS

Distributed by Conrad Electronic SE ¢ Klaus-Conrad-Str. 1 « D-92240 Hirschau

Product Specification
Material
Insulator : Glass-Filled Thermoplastic PBT,UL94V-0, Black
(@ Contact : Brass,Gold flash selective over Nickel
(@ Shell: Steel, 100u" Tin over 50u” min. copper
Clinch Nut : Brass, Nickel Plated
(D Boardlock : Steel, Tin Plated
Electrical
Contact Resistance : 20 milliohms
Max at 1 AMP DC.
Insulation Resistance : 1000
magohms at 500 VDC
Dielectric Withstanding Voltage :
1000 VAC/rms 60Hz for 1 minute

Current Rating : 3 AMP
Volatge Rating : 2560 VAC/rms 60Hz
Operating Temperature: -20°C~+85°C

Unitmm

Product Specification

Material

Insulator : Glass-Filled Thermoplastic PBT, UL94V-0,Black
Contact : Copper alloy, Gold flash selective over Nickel
Shell : Steel,100u" Tin Over 50u" min Copper

Clinch Nut : Copper alloy, Nickel Plated.

Boardlock : Brass, Tin Plated.

Electrical

Contact Resistance : 20 milliohms Max at 1 AMP DC.
Insulation Resistance : 1000magohms at 500 VDC
Dielectric Withstanding Voltage :1000 VAC/rms 60Hz for 1 minute
Current Rating : 3AMP

Volatge Rating : 250 VAC/rms 60Hz

OPERATING TEMPERATURE:-20°C+85°C

RoHS compliant

Item no. 1586495 V1_0617_02_EN
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Dimensions i X
Positions | A I B I C | E | Dimensions
15 [ 3520 | 3330 | 2525 | 1939 | [ Positions | A [ B [ ®D [ E
| 15 | 3920 | 3332 | 2470 | 1939 |



