Conrad Electronic SE, Klaus-Conrad-Str. 1, D-92240 Hirschau

Best.-Nr.: 1762002

Datenblatt

COMPONENTS

TRU

Impedance

Non-constant

Frequency range

0 - 300 MHz

Voliage ratine

RN Valte neak

T

emperature range

-65°C ~ 165°C

Mating

5/8-24 UNEF thread coupling

Cable affixment

Briad solder, Solderless clamp.
Set screw clamp and crimp

NOTE: FINISH (PLATING

. INSULATION: TEFL
. CONNECTOR INTER
PART TO BE CLEAN

OV W N =

. GOLD PL 1-3u" OVER
OVER COPPER STRIKE

THICKNESS IN MICRO-INCHES)
. BODY/CONTACT: BRASS PER J1S-C3604

N PER ASTM D1457 AND ASTM D1710
'E PER MIL-STD-348A

AND FREE BURRS

NICKEL PL 70 u” MIN THICK OVER COPPER STRIKE

NICKEL PL 70 u" MIN THICK

1 Shell Brass Nickel
3 Insulator Teflon ¥hite
2 Contact Brass Gold
1 Body Brass Nickel
No Description Material Finish
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Recommeded

Cable Stripping
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