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Alkaline

AlkalineAlkalineAlkalineAlkaline
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

18-0265 BLR121 BLR121 15V MULTIMETER BATTERY (RE)
18-0267 BLR154 BLR154 15V MULTIMETER BATTERY (RE)
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Batteries

Multimeter/Photographic Batteries

Specifications:

Nominal open circuit voltage: 15.0V 15.0V
Maximum open circuit voltage: 16.0V 16.0V
Nominal Mass: 16.1g 16.1g
Nominal capacity (@180K for 24H/D to 12V): 40mAh 40mAh
Recommended Current Range – Sustained:
                                                          Pulsed:

0-5mA
0-10mA

0-5mA
0-10mA

Recommended storage conditions: 20°C ± 5°C
40° ± 10%RH

20°C ± 5°C
40° ± 10%RH

Recommended operating conditions: 0°C to 50°C 0°C to 50°C

Typical Service life @ 20°° C (applies to both order codes):

Typical Service Life
Applications Test Conditions Standard

Initial 1 year @ 20°° C
82K for 24h/d to 10V - 290h 261h

Electronic Equipment
15K for 24h/d to 10V - 51h 46h
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18-0267 18-0265

18-0267 18-0265Dim.
Min Max Min Max

A 33.0 35.0 35.0 37.0
B - - 14.0 16.0
C 15.0 25.0 27.0
D 5.0 - -
E 0.8 1 0.79




