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Double Row PCB  
Sockets 2.54mm Pitch

Notes:
1. Electrical characteristics 
	 1.1	Contact	resistance:	30mΩ	max.	initial.
	 1.2		Dielectric	withstanding	voltage:	500V	AC(rms)	

for 1 minute
	 1.3	Insulation	resistance:	1000MΩ	min.

2. Environment characteristics 
	 2.1	Temperature	range:	–45°C	to	+105°C
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No. Description Material Plating

1 Housing Thermoplastic UL	94	V-0

2 Contact Copper	Alloy Gold	Plated

Number of pins Order	code

2 19-0281

3 19-0282

4 19-0283

5 19-0284

10 19-0285

15 19-0286

16 19-0276

20 19-0287

25 19-0288
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