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PCB Straight  
header plugs – 2mm pitch 

Order code: 19-0076

Notes:
1. Material 
 1.1 Insulator: Thermoplastic (UL 94V-0) 
 1.2 Contact: Copper alloy

2. Specification 
 2.1 Current rating: 1.5 Amp
	 2.2	Insulation	resistance:	1000MΩ	min.
 2.3 Dielectric withstanding: 600VAC.
	 2.4	Contact	resistance:	20mΩ	max.
 2.5 Operating temperature: –20°C to +80°C
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Recommend PCB layout (Tolerance =±0.05)
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