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5 Way 180 Degree  
DIN PCB Socket

Order code: 20-0551
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Recommended PCB layout (tolerance = ±0.05)

Specifications:
Voltage rating: 30V DC
Contact current rating: 1A max. per pin
Contact resistance: 30 milliohms max.
Dielectric withstanding voltage: 500V AC(rms) for 1 minute
Insulation resistance: 1000 megaohms min.
Operating temperature: –20°Cto +80°C


