@ PCB TERMINAL BLOCKS STANDARD PLUGGABLES

ECONOMY RANGE

+ 2-12 pole solid block REHITE) 154 300V
« Upto 24 po\es available Insulation resistance 1000M ©/1000V
* Pluggable male-female connectors Withstand voltage ACI000V/Imin
* Professional rising clamp terminals - 20m Q
+ Closed headers Working temperature -40°C to +105°C
« Polarised mouldings
Mouldings UL94-VO flame retardant PA66
* Moulded in green UL94-VO flame
retardant PAG66 Wire protector Tin plated, phosphor bronze
e 0.33-2mm? (22-14AWG) solid & Screw/torque M2.5 steel, tin plated 0.4Nm
stranded cable Recommended PCB hole size 21.7mm

+ Captive screws
* Guided pin alignment
. s approved
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CTB9309/2
CTB9309/3
CTB9309/4
CTB9309/5
CTB9309/6
CTB9309/7
CTB9309/8
CTB9309/9
CTB9309/10
CTB9309/M

CTB9309/12

TB9359/2
CTB9359/3
CTB9359/4
CTB9359/5
CTB9359/6
CTB9359/7
CTB9359/8
CTB9359/9
CTB9359/10
CTB9359/1

CTB9359/12

CTB9309/2A0
CTB9309/3A0
CTB9309/4A0
CTB9309/5A0
CTB9309/6A0
CTB9309/7A0
CTB9309/8A0
CTB9309/9A0
CTB9309/10A0
CTB9309/TAO

CTB9309/12A0
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CTB9309 AO
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