@ WIRE TO BOARD CONNECTORS

002

PCB TERMINAL
BLOCKS

5.08mm pitch PCB mounting crimp
081 connectors

TERMINAL STRIPS

Product overview SPECIFICATION
« Ideal for installed PCB’s in boiler controls, HVAC Rating (male connectors) 125V/6A
o 9 5 * Polarised to avoid mis-mating Working temperature 10°C
WIRE TO BOARD . Vert 'h dq
CONNECTORS ertical headers Moulding Grey UL94-VO flame retardant PA
* 2to8poles
Contact
male Tinned, nickel plated brass
female Tinned brass
1 o o Wire strip length 4mm
CIRCULAR
CONNECTORS
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