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FUSED TERMINAL
BLOCKS

5x20mm low profile panel mounting
fuseholders 217

FUSEHOLDERS
Product overview
. Low profi\e pane\ mou nting CFHO4 Screw Solder / 2.8mm quick connect Rating 10A/ 250V
. i . CFHO9 Bayonet Solder / 2.8mm quick connect Contacts/resistance Tinned nickel plated brass,<5mQ 2 2 6
Moulded in UL94-VO PBT 4 . FUSES
« Screw driver release CFH12 Bayonet Solder / 4.8mm quick connect Moulding UL94-VO flame retardant PBT
+ Screw and bayonet carrier Dielectric strength 3KV / 60"
« 2.8 and 4.8 quick connect terminals . e
« Anti-rotation D fixing ,
ENBO127 Insulation resistance >100MQ
“ c E @ approved Operating temperature -30°C to +85°C
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Quick connect tabs | Anti rotation body moulding | Screw or bayonet release options
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