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26-1575 R3-24 BLACK 20MM VERTICAL PCB FUSEHOLDER 10A 250V RC

Page 1 of 2
The enclosed information is believed to be correct, Information may change ‘without notice’ due to Revision A
product improvement. Users should ensure that the product is suitable for their use. E. & O. E. 04/07/2003
Sales: 01206 751166 Technical: 01206 835555 Fax: 01206 7551188

Sales@rapidelec.co.uk Tech@rapidelec.co.uk www.rapidelectronics.co.uk




Rating 10A 250V AC Mount Hole Circuit Structure
Contact R 50m ohm Max.
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