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Right Angle Headers 

Materials:
•	 Contact	material:	 Copper	alloy	with	full	gold	flash
•	 Insulator:	 PBT	with	glass	fibre

Specifications
• Current rating 3A
• Operating temperature: –40°C to +105°C
•	 Insulation	resistance:	 1000MΩ	min.
•	 Contact	resistance:	 20mΩ	max.
•	 Dielectric	withstanding:	 600	VAC

Order	code:	22-0815
Number	of	pins:	10+10

Order	code:	22-0895
Number	of	pins:	36+36
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