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IP68 CONNECTORS

I N T E R FAC E  M O D U L E S  &  R E L AY  B A S E S
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INTERFACE 
MODULES AND  
RELAY BASES

R E L AY  B A S E S I N T E R FAC E  M O D U L E S

FM 28614                               EMS 613558                

C o m p a c t  8 - 1 1  p i n  c o m m e r c i a l  r e l ay 
b a s e s
P r o d u c t  ove r v i ew
•  DIN Rail (EN50022) or chassis screw mounting
• Screw driver release DIN clip
• Rising saddle terminals for ease of wire insertion
• Accepts fork, ferule and ring terminals (ring non IP20 

only)
• 2 x 2.5mm2 cable acceptance
• 2 x 1.5mm2 bootlace crimp
• IP20 finger protection types
• Relay retaining clip accessory
• Tubular contacts for reliability
• Terminal numbering to DIN 46199
• G rail adaptor available
•  ,  approved

SPECIF ICATION

Rating 10A/250VAC

Dielectric strength >2kV

Working temperature -25°C to 55°C

Insulation resistance 1,000MΩ/500VDC

Moulding UL94-V0 PA66

Contacts Phosphor bronze, tin-plated <3µm

Screws Low carbon steel, lower layer copper plating <2µm, surface 
layer nickel plating <3µm

Terminal screw torque 0.7Nm max

Insertion force 100N max

CS113A

PART  NO. DESCRIPT ION

CS083A 8-pin open

CS083AN 8-pin IP20 finger protection

CS113A 11-pin open

CS113AN 11-pin IP20 finger protection

CSC03 Retaining clip

CS083AN CSC03
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