ARCA 406021 Boerirte

Order symbol: ARCA s08021 EAM: 6418075079374
. Product nbr: 5120026 EL numbser:
Description: Cabinet. PC « Finland: 3423124
o Demmark: B212091249
Remarks: Grey cover. 2-point lacking. v Sweden: 2500117

hingas on the short side

Including: Cabinet base. door with PUR gasket. mounting plate. screws for mounting
plate. 3mm double bt lackis) with key. S wersions with swinghandle 2-point locking
system. Door guide incleded.
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Dimensions: Helght Width Depth Brcessories:

mimz 500 BOO 210 BPS ARCA Mounting plate (S50x350x2 mim
=] 1550 % 350 % 2)
inch: 15.75 2362 BS8
PrK ARCABD  PoleMounting lit. for pole =100-300mm
585 ¥ 385 ¥ 35)

MPP ARCH Mounting plate perforated [S500350«2 mm -
Materials: 4060 2611 mm)
Matenalk Palycarbonate (350x 550 2]
Base colour: RAL 7035 -light grey 050 ARCA HRS  Door stopper ARCA. honzontal. nght. small
- 0% ARCA 5080  Inner door sk
Cower colour- RAL 7035 -light grey 1385 x 585 x 35)
ol materiak Palyurethane DSO ARCA HLS  Door stopper ARCA horizontal, left. small
SHE ARCA L0 Suppost bae kot
1340 % 40 x 30)
T rakures:
b MPMP ARCA Mountng plate multiperforated (55035002 mm
Temperature “C [shoet barm):: -0 .. 120 =i - o3.6 mmj
{550 % &350 % 2)
Temperature “C [contenwows): -0 _.. BO
O&ES ARCA DiN rail frame sat
Temperatwre “F [short terml: -0 .. 230 LOG021 {585 x 385 ¥ 35]
Termperature “F [continuaus: -50 ... 175 P ARCA Mounting plate {550x350 mm)
2050 {550 % 350 % 5)

S8KARCAGSD  Suppost bar kot
1535 x 40 x 30)

RS ARCA Rain canopy set for size 4060

L0060 120 x 600 x 30)

Rating:

Ingrass protection {EMN &0529) IPEs;

Impact Resistance (ER 52262): 1K1

Electrical insulation: Totally msulated
Halogen free [DINSVOE 0472, Part 1

815k

U resistance: UL 508
Flammability Rating: UL 94 WA

Glow Wiee Test (IEC 595-2-1] “C: 950 “C

MEMS Class ':3E,m 1.4, 4% 12 and
Certificates:

Cortficate FI 40457

¥ Fibox Oy, Data subject tochange wikthout nobice [prinked: 31.03.2022]



