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Lample image

Order symbaol: M-32
Product nbr: B3 24085

Description: Eack Panel. for
enclasures:

Remarks: 230x1&0x95. 230140125

Including:

FIBOX

Enclosing innovations

EAN: 6418075033628
EL. mumnibser:
« Finland: 3423911

« Demmark: B212002225
v Swedsn: 25369405



Dimensions: Helght Width
Mmime: 185 a4

inch: 7.28 37

Materials:
Matenalk

Base codowr:
Cover cabour:
Gasket material:

Ternperatures:

Temperatwre “C [short berm):
Temperature “C [contenwouws):
Temperatwre “F [short terml-:

Temperatwre “F [conbnuous):

© Fibou Oy, Data subject fo change withouk nobos (printed: 31.03 2023

Depth

0.0g

Rating:

Ingress probection {EN &0529)

Impact Resistance (EN 52262):
Elactrical insulation:

Halogen free (DINSYOE 0472, Part 815k
UV resistance:

Flammability Rating:

Glow Wre Test (IEC &85-2-1] “C:
MENA Class

Cartificates:

Mot insulated

Qo



