NEO ABS 323215 G FIBOX

Enclosing innovations

Order symbol: NED ABS 323215 G EAN: 6418074311543
Product nbr: £312001 El. number:
Description: Hingad ABS enclosure with = Finland: 3424418

gray cower » Denmark: B212058093

= Sweden: 2506222
Remarks:

Including: ABS base and cover, mounting screws for mountingplate/DIM rail.
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Dimensions: Height Width Depth Accessaories:



Imim: U il
inche 126 126

Materials:

Material: RBS

Base colour: RAL 7035 -light gray
Cover colour: RAL 7035 -light grey
Gasket matenal: Polyursthane

Temperatures:

Temperaturs *C [short term): -4 ...
Temperatura * [conbnuous): -40 .
Temperature “F {short term): -4 .

Temperature " F {continuous): G0 ...

% Fibou Oy, Data subject to change withowt notice (printed: 31.03_2022)
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NEU MHFI 3232 Multiperforated plastic mounting plate

(280 x 280 = 3)
NED MPS 3232 Metal mounting plate

(280 x 280 = 1)
PMK NED 30 Pole mounting kit

(400 x 300 = 30]
WMK NEOQ plastic Wall mounting kit plastic

(80 x 70 x &0)
Rating:
Ingress protection (EN 60525): IPGE; IPST;
Impact Resistance (EN 62262} IKOE:
Electrical insulation: Totally insulated
Halogen free (DIN/AVDE 0472, Part E15): 1

UY resistance: -

Flammatsility Raking: LL 94 HE
Glow Wire Test {IEC 5695-2-1] *C: &50 “C
MNEMA Class

Certificates:

Certificate Fl 40693 A1 pdf



