PC 050705 Boemimts

Order symbol: °C 050705 EAM: 6418074003607
Product nbr: 7032520 El. numbser:
UL Code: 7042520 « Finland: 34234524

« Denmark: B212002526
UL Mame: UL PC 0S0705 v Swedan: 2536105

Description: Enclosure. PC
Rermarks: Opagque cover

Including: Baze with screws for mounting plate/DiM-rail. cover with PUR gasket and
stainless steel cover sorews.
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Dimensions: Helght Width Depih
mim: 50 B5 L3
inch: 197 256 1.77
Materials:

Matenalk Palycarbonate

Base codouwr: RAL 7035 ight grey

Cower colour- RAL 7035 -light grey

Gasket material: Palyurethane

Ternperatures:

Temperature “C [shoet term):
Temperature “C [contenwouws):
Temperatuwre “F [short tarml:

Temperatwre “F [conbnuous):

© Fiboy Uy, Data subject to change without notice (printed: 31.03.2022)

Bccessories:

TF 28037 Mounting foot kit (& pes). for enclosunes:

Ml D=07 Back Pansl. for enclosures:

(26257 % 1)

TRM 0507 0iN-15 Mounting rail. for enclosures:
(sBx15%1]

T 0305 Back Pansl. for enclosures:
(26 x 4B % 1)

TH A Gray plastic hinges (2 pcs)

Rating:

Ingress protection {EN &0529)

Impact Resistance (EM 52262):
Electrical insulation:

Halogen free (DINSVOE 0472, Part 815k
UV resistance:

Flammability Bating:

Glow Wiee Test (IEC 595-2-1] “C:
MENA Class

Cartificates:
SGSFimka_EURONORD

IPaE; IPET;
|H07; IKDE;
Totally insulated
1

UL S08

UL 7ual 57
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